ACCESSOIRES

RCT - RESIDUAL CURRENT TRANSFORMER

» Detection of a residual current occurring due to an insulation

fault
» Evaluation in the IO module pT+IO

» One or more residual current transformers can be used per

control system

TECHNICAL DATA

Maximum primary current: 3 x 125 A
Cable entry diameter: 30 mm
Cable entry: vertical, can be converted to horizontal

Ambient conditions

Operation: 0 - 45 °C
Transportation, storage: -20 - 60 °C

CP — COVER PLATE

» Cover for slots not used in the pT+Rack
» Handle protection
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Mechanics

Mounting: Can be snapped onto a top-hat rail (DIN
EN 50022) or attached to a mounting plate

Installation position: horizontal

Dimensions (H x W x D):
80 x 70 x 70 mm (with base)

Weight: 0.3 kg
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